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Pt500 F 0.3 (B)
Pt1000 F 0.3 (B)
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TCR = 3850 ppm/K
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JKI (v = 0.4 m/s): t0.5=0.05s
t0.9=0.1s

S (v =2 m/s): t0.5=1.5s
t0.9=5s
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Pt500 Q: 0.1 to 0.7 mA
Pt1000 Q: 0.1 to 0.3 mA
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Pt 500: 0.7 mA
Pt 1000: 0.3 mA
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